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COMBINATION RATCHETING WRENCHES

Ratchet combination gear wrench in metric sizes

Standards: 1ISO 1711-1 and DIN 3113

Material: High performance alloy steel

Open end angle 15" with a slimmer head to get more accessibility
Ratchet in the ring for high productivity application

12 points Dynamic-Drive Profile provides longer life for screws and nuts
5% action angle

Switch for quick change of nght and left direction

Bigger and bi-directional size marking for easy identification

Chrome plated micro matt finishing provides high quality surface

1RM-6 3014146 6 6.3x3.9 14.0x15.0
1RM-7 3014153 1 T 140 6.5x4.6 16.6x16.7
1RM-8 3000552 1 B8 140 6.5x4.6 16.6x16.7
1RM-9 3000569 1 9 150 6.9x4.9 18.4x158.8
1RM-10 3000576 1 10 159 T.3x5.3 20.0x20.8
1RM-11 3000583 1 1 165 T.7x5.6 21.8x23.0
1RM-12 3000550 1 12 172 8.2x6.0 22.Tx25.0
1RM-13 3000606 1 13 178 5.8x6.4 24 Tx27 1
1RM-14 3000813 1 14 191 9.0x6.8 27.0x29.2
1RM-15 3000820 1 15 200 9.4x7.0 28.3x31.3
1RM-16 3000637 1 16 208 9.9x7.2 30.0x33.4
1RM-17 3000644 1 17 226 10.3x7.7 31.8x35.5
1RM-18 3000851 1 18 237 10.7x8.2 32.8x37.6
1RM-19 3000668 1 19 245 11.2x5.8 33.8x39.7
1RM-21 0214485 1 21 280 13.0x9.0 40.0x46.0
1RM-22 3005915 1 22 280 13.0x9.0 40.0x46.0
1RM-24 3005922 1 24 323 14.5x10.0 46.0x52.0
1RM-27 3014177 1 o 359 15.5x10.5 52.5x56.5
1RM-30 3014184 1 30 493 17.0x11.4 SB.5xB2.7

1RM-32 3014191 1 32 425 17.5x12.5 B2.5x66.4
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