Optical Signal Devices

57/58 mm Panel Mount Beacons
57/58 mm Beacon Features

« Awailable in permanent Incandescent or LED,

and Xemon flashing models

« 360" visibility

« For use in 22.5 mm standard contrel panel holes
« Connection by 6.3mm x 0_Bmm spades

WERNMVA

SIENALTECHNIEK

« Finger-proof when used with insulated spades
» Changeable bulb for incandescent models not

imeluded
« Lock nut and rub
« 2 year warranty

ber seal included
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Please see our websile www AulomationDirect. com
Tor complele engineering drawings.



