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SERIES 6000 BRASS SUPER-RAPID FITTINGS

SUPER-RAPID FITTINGS > SERIES 6000 BRASS SUPER-RAPID FITTINGS

| Fittings Mod. 6610

Single Banjo

PNEUMATIC CONNECTION 2019
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DIMENSIONS
Mod. A C F M 0 \ W Weight(qg) assembled with Mod.
6610 4-M5 4 5 9 19 5.1 a9 9 1631
6610 4-M6 4 5 9 19 9 5.1 a9 8 SCu, Svu, sco...
66104-1/8 4 {25 9 21.5 145 9.8 @14 14 1631,1635, SCU, SVU, SCO...
6610 5-M5 5 5 10 20 9 5.1 a9 9 1631
6610 5-M6 5 5 10 20 9 5.1 @9 8 SCu, svu, sco...
66105-1/8 5 8 10 23 145 9.8 @14 16 1631, 1635, SCU, SVU, SCO...
6610 6-M5 6 6.5 12.7 225 9 51 @10 12 1631
6610 6-M6 6 6.5 12.7 225 9 51 @10 12 SCu, svu, sco...
6610 6-1/8 6 8 12.7 24 145 98 @14 16 1631, 1635, SCU, SVU, SCO...
6610 6-1/4 6 10 12.7 26 145 132 @18 19 1631, 1635, SCU, SVU, SCO...
66108-1/8 8 8 14.2 255 145 98 @14 19 1631, 1635, SCU, SVU, SCO...
66108-1/4 8 10 142 275 145 13.2 @18 22 1631,1635, SCU, SVU, SCO...
6610 8-3/8 8 11 142 285 145 167 @21 23 1631,1635, SCU, SVU, SCO...
661010-1/4 10 8.8 165 29 145 132 @18 22 1635, SCU, SVU, SCO...
661010-3/8 10 10.3 16.5 30.5 145 16.7 @21 23 1635, SCU, SVU, SCO...
661012-1/2 12 12,8 16,5 32 14,5 21 B26 37 1635
| Fittings Mod. 6811
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DIMENSIONS
Mod. G D H T L Sw Weight (g)
6811 4-M5 4 M5 4 16.5 24.5 8 3 &
68114-1/8 4 G1/8 5.5 16.5 27.8 12 10
68115-1/8 5 G1/8 5.5 18 29.3 12 9
68115-1/4 5 Gl/4 7 18 31 14 11
6811 6-1/8 6 G1/8 55 18 ) 12 10
6811 6-1/4 6 Gl/4 7 18 31 14 12
68118-1/8 8 G1/8 5.5 20.5 31.8 12 12
68118-1/4 8 Gl/4 7 20.5 33.5 14 13
681110-1/4 10 Gl/4 7 23 36 14 16 * = with 0-Ring
681110-3/8 10 G3/8 8 23 37.3 19 25
681112-3/8 12 G3/8 8 24 38.3 19 25
6811 14-1/2 14 G1/2 9 28 44 22 39
1.05.13 Products designed for industrial applications.
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