DESCRIPTION: DSUB IP67 FLANGE // FEMALE // STANDARD // RIGHT ANGLE PIN PCB MOUNT|
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DIMENSIONS(mm)
SIZE A B C
39.50 25.00 16.30
15 48.00 33.30 24.60
25 61.50 47.05 38.40
NOTE: 37 77.80 63.50 54.80
MATERIAL
HOUSING PBT UL94V-0, BLACK
FLANGE PBT UL94V-0, BLACK
CONTACT BRASS, PLATING P/N KEY BELOW
SHELL STEEL, NICKEL
0-RING SILICONE
SEALING COMPOUND EPOXY
HARDWARE BRASS; NICKEL PLATED
ELECTRICAL
RATED CURRENT 5A
VOLTAGE 1000 VAC 1 MIN
INSULATOR RESISTANCE 5 GOhms MIN.
CONTACT RESISTANCE 10 mOhms MAX.
WATER PROOF IP67

ENVIRONMENT
OPERATION TEMPERATURE

—-25°C TO +85°C

SDF-RYY-213LYYY
T

SERIES
SDF =
CONTACT TYPE

STANDARD DSUB FLANGE

R = RIGHT ANGLE PCB MOUNT

POSITIONS

09
15

HARDWARE OPTIONS

01 = 4-40 THREADED IN
46 =

CONTACT PLATING OPTIONS

4-40 THREADED BRACKETS &
BOARD LOCKS/4-40 JACKSCREWS

SERTS/4-40 JACKSCREWS

1 = GOLD FLASH
2 = 30u” GOLD PLATING
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DESCRIPTION: DSUB IP67 FLANGE // FEMALE // STANDARD // RIGHT ANGLE PIN PCB MOUNT
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