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30251300 Ø25.4 0.135 Ø56.0 14.6 7.3 Ø34.7 4.0 Ø4.5 
45.5          

+/- 0.2 

 

MAXIMUM DYNAMIC LOADING – LOAD UP 

Type 13 Carbon steel body and balls – 55kgs 

 
MATERIALS 

Body - Carbon steel body with zinc plated finish 

Balls - Carbon steel balls with hardness of 60HRC and self colour finish 

 

KEY FEATURES 

Low profile 

2 hole fixing 

No seal 

Dirt exit hole 
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