80cC 80 SERIES

Standards: ISO 6787, DIN 2117 form, ASME B107 8M - 1996 and BS 6332
High performance alloy steel

Scale in mm for pre adjusting and accurate measurement

Head combines slimness for accessibility with strength for performance
Left going screw

Chrome plated. Precision-hardened and anti-corrosion treated

|P: Industrial pack

10

8069 C 0007035 5 15 40 90 60

8070C 0007127 5 155 20 49 15 132
8071 C 0007219 5 205 27 60 130 255
8072C 0007295 S 255 30 86 155 400
8073C 0007370 3 305 34 1.9 18.0 665
8074 C 0007455 3 380 a4 140 200 1035
8075C 0007530 3 455 53 17.7 25 1665
8069 C IP 0101634 S 10 13 40 S0 60

8070C IP 0101641 5 155 20 49 15 132
8071 CIP 0101658 5 205 27 60 130 255
8072CIP 0101665 5 255 30 86 155 400
BO73CIP 0101672 3 305 34 1.9 18.0 665
8074 C IP 0101689 3 380 44 14.0 20.0 1035
8075C IP 0101696 3 455 53 17.7 225 1665



