7452-7 OPEN-END INSERT TOOL

m  Open-end insert head, 9 x 12 mm
m  High performance alloy steel

m Forged chrome plated

” 2
== AP

7 22 5.0 35

T7452-7-7 1713010 1 9x12 15

- 7452-7-8 1713287 1 8 9x12 15 22 50 35
7452-7-9 1705770 1 9 9x12 15 25 55 35
7452-7-10 1705855 1 10 9x12 15 25 55 40
7452-7-11 1705930 1 1 9x12 15 25 55 30
7452-7-13 1706074 1 13 9x12 16 30 7.0 35
7452-7-14 1708159 1 14 9x12 17 35 8.0 40
7452-7-15 1707989 1 15 9x12 17 35 8.0 40
7452-7-16 1708016 1 16 9x12 17 38 8.5 45
7452-7-17 1708283 1 17 9x12 20 38 85 60
7452-7-18 1839321 1 18 9x12 20 42 9.0 70

7452-7-19 1708368 1 19 Ix12 20 42 9.0 70



