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SMD-Kihlkorper SMD heatsinks Dissipateurs CMS
Art. Nr. Lange
Art. No. Length Rw
Art. n Lo[nrgrt:]e]:ur [K/W] 30 -
ICKSMDC 7 ... 7 33 N
ICKSMD C 10 ... 10 26 7
ICK SMD C 17 ... 17 17
ICK SMDE 15 ... 15,3 27 T »
ICK SMDE 22 ... 22,3 21 ® '
ICK SMDE 29 ... 29,0 18 b O
ICK SMDF 8 ... 8 74
ICK SMDF 10 ... 10 71 .
ICK SMDF 17 ... 17 42 °
ICK SMDF 19 ... 19 37 Al g1
ICK SMDF 21 ... 21 33
ICK SMDF 26 ... 26 26
ICKSMDG 8... 8 73
ICK SMD G 10 ... 10 70
ICK SMD G 13 ... 13 61 | | |fo
ICK SMD G 17 ... 17 41 M \
ICK SMD G 19 ... 19 36 -
ICK SMD G 21 ... 21 32
ICKSMDH 8... 8 33
ICK SMD H 10 ... 10 29
ICK SMD H 17 ... 17 24,5 m¢ °¢°
ICK SMDH 19 ... 19 23 I :T
ICK SMD H 22 ... 22 21,5
ICK SMD H 25 ... 25 20
... bifte angeben: ... please indicate: ... veuillez indiquer:

SA = schwarz eloxiert
MI = |otbare Oberflache

SA = black anodised
MI = solderable surface

SA = anodisé noir
MI = surface soudable




