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Part Number: 0430310001
Status: Active
Overview: Micro-Fit Connector System
Description: Micro-Fit 3.0 Crimp Terminal, Male, with Tin (Sn) Plated Phosphor Bronze

Contact, 20-24 AWG, Reel

Documents:
图纸 (PDF) 测试总结 430450005-TS-000 (PDF)
产品规格 430450001-PS-KO-000 (PDF) 测试总结 TS-43045-001-001 (PDF)
产品规格 430450001-PS-SP-000 (PDF) Datasheet (PDF)
产品规格 PS-43045-001 (PDF) RoHS 证书
包装规格 PK-43031-001-001 (PDF)

一般
应用 Power, 线对线
Crimp Quality Equipment Yes
概述 Micro-Fit Connector System
备用包装 430310007 (Loose)
产品名称 Micro-Fit 3.0
UPC 800753683679

物理
部件属性 外螺纹
材料-金属 磷青铜
材料-接合处电镀 锡
材料-终端电镀 锡
Net Weight 0.061/g
包装形式 卷状
最薄镀层 - 接合部位 1.016µm
最小镀层：端接 1.016µm
终端界面:类型 压接或压缩
导线绝缘直径 1.85mm max.
线径规格 AWG 20, 22, 24
线缆尺寸mmµ N/A

电气
每触点最大电流 8.5A

焊接处理数据
Lead-freeProcess Capability N/A

材料信息

参考：图纸编号
包装规格 PK-43031-001-001
产品规格 430450001-PS-KO-000, 430450001-PS-SP-000,

PS-43045-001
销售用图纸 SD-43031-XXXX-001
测试总结 430450005-TS-000, TS-43045-001-001

Series image - Reference only

EU ELV
Compliant

EU RoHS China RoHS
Compliant
REACH SVHC
Not Contained Per -
D(2021)10043-DC (17
Jan 2022)
Halogen-Free
Status
Low-Halogen
For more information, please visit
Contact US

China ROHS Green Image
ELV Compliant
RoHS Phthalates Not Contained

Search Parts in this Series
43031 Series

Use With
Micro-Fit 3.0 Plug Housings 43020 ,
43640 <br>Micro-Fit BMI Plug Housings
44300 , 46625

Application Tooling |  FAQ
Tooling specifications and manuals are
found by selecting the products below.
Crimp Height Specifications are then
contained in the Application Tooling
Specification document.
Global
Description Product µ
Extraction Tool for
Micro-Fit Terminals

11030043

Insertion Tool for
Micro-Fit 3.0 and
CRC Male and Female
Crimp Terminals,
20-30 AWG

638120800

'http://www.molex.com/molex/products/datasheet.jsp?part=active/0430310001_CRIMP_TERMINALS.xml
http://www.molex.com/molex/products/family?key=microfit_30&channel=products&chanName=family&pageTitle=Introduction
https://www.molex.com/pdm_docs/sd/430310001_sd.pdf
http://www.molex.com/pdm_docs/ts/430450005-TS-000.pdf
http://www.molex.com/pdm_docs/ps/430450001-PS-KO-000.pdf
http://www.molex.com/pdm_docs/ts/TS-43045-001-001.pdf
http://www.molex.com/pdm_docs/ps/430450001-PS-SP-000.pdf
https://www.content.molex.com/dxdam/51/51a0d355-e3c6-469a-ad15-4585d36e4d38/987650-5984.pdf
http://www.molex.com/pdm_docs/ps/PS-43045-001.pdf
http://www.molex.com/datasheets/rohspdf/0430310001_rohs.pdf
http://www.molex.com/pdm_docs/pk/PK-43031-001-001.pdf
http://www.molex.com/molex/products/family?key=microfit_30&channel=products&chanName=family&pageTitle=Introduction
http://www.molex.com/molex/search/partSearch?pQuery=&sType=p&query=0430310007
http://www.molex.com/molex/common/staticLoader.jsp?fileName=/webcontent/literature/EU_RoHS.html#eurohs
http://www.molex.com/molex/common/staticLoader.jsp?fileName=/webcontent/literature/EU_RoHS.html?section=eurohs#eurohs
http://www.molex.com/molex/common/staticLoader.jsp?fileName=/webcontent/literature/EU_RoHS.html?section=china#china
http://www.molex.com/molex/common/staticLoader.jsp?fileName=/webcontent/contact/reach.html
http://www.molex.com/molex/common/staticLoader.jsp?fileName=/webcontent/contact/halogen_free.html
http://www.molex.com/molex/common/staticLoader.jsp?fileName=/webcontent/contact/halogen_free.html
http://www.molex.com/molex/contact/mxcontact.jsp?channel=Contact Us&channelId=-7
http://www.molex.com/molex/search/partSearch?query=43031&pQuery=
http://www.molex.com/molex/search/partSearch?pQuery=&sType=s&query=43020
http://www.molex.com/molex/search/partSearch?pQuery=&sType=s&query=43640
http://www.molex.com/molex/search/partSearch?pQuery=&sType=s&query=44300
http://www.molex.com/molex/search/partSearch?pQuery=&sType=s&query=46625
http://www.molex.com/cmc_upload/0/000/0-8/783/tooling_faq.html
http://www.molex.com/molex/products/datasheet.jsp?part=active/0011030043_APPLICATION_TOOLIN.xml
http://www.molex.com/molex/products/datasheet.jsp?part=active/0638120800_APPLICATION_TOOLIN.xml


PremiumGrade Hand
Crimp Tool for
Micro-Fit 3.0
Terminals, 20-30
AWG

638190000

FineAdjust
Applicator for
Insulation OD
1.30-1.85mm, 20-24
AWG Wire

639004500

FineAdjust
Applicator for
Insulation OD
1.10-1.30mm - 20-24
AWG

639018800

FineAdjust
Applicator for
Micro-Fit 3.0
Terminals, for
20-24 AWG Wire with
Insulation Diameter
0.91-1.09mm

639018900

T2 Terminator
for Insulation OD
1.30-1.85mm, 20-24
AWG

639104500

T2 Terminator
for insulation OD
1.10-1.30mm - 20-24
AWG

639118800

T2 Terminator
for insulation OD
0.91-1.09mm - 20-24
AWG

639118900

Japan
Description Product µ
S-1 Applicator for
Micro-Fit 3.0 Plug
and Receptacle
Crimp Terminals,
20-24 AWG

572983700
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http://www.molex.com/molex/products/datasheet.jsp?part=active/0638190000_APPLICATION_TOOLIN.xml
http://www.molex.com/molex/products/datasheet.jsp?part=active/0639004500_APPLICATION_TOOLIN.xml
http://www.molex.com/molex/products/datasheet.jsp?part=active/0639018800_APPLICATION_TOOLIN.xml
http://www.molex.com/molex/products/datasheet.jsp?part=active/0639018900_APPLICATION_TOOLIN.xml
http://www.molex.com/molex/products/datasheet.jsp?part=active/0639104500_APPLICATION_TOOLIN.xml
http://www.molex.com/molex/products/datasheet.jsp?part=active/0639118800_APPLICATION_TOOLIN.xml
http://www.molex.com/molex/products/datasheet.jsp?part=active/0639118900_APPLICATION_TOOLIN.xml
http://www.molex.com/molex/products/datasheet.jsp?part=active/0572983700_APPLICATION_TOOLIN.xml

