Datasheet
Panel mount signal lamp,24Vdc

RS Stock number 202-3932

Certification Information

* Certification Number PTE99ATEX1034

* Approved 1o & I 26 EEx de K TE

* Ingress Protection IP6S

* Ambient Temperature Range -2000 to +40%C

Features

* Contact blocks fitted to actuator by way of a bayonet catch
* Rated up to 500V AC at 164 on pushbuttons & mini switches
* Silver contacts as standard

* Suitable for a wall thickness of up to Smm

* Cables must be terminated in an approved endlosure

* Must be fitted with protective cap to comply with certificate
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Part Number Function Contacts Action
GHGAS8TSRO0mM Push Butfon 1N/0 + 1NfC
i . GHEAEE1Z5R0001 Key Operated Push Button 1 MN/0 = 1Nf0 Momentary
‘I‘ s GHEAS8145R0001 Double Push Button 1N/0 + 1 MfC
e GHGA128153R1200 Emergency Stop 2 NfC
Pull to Reset
GHGEAEE155R1200 Emergency Stop 1 N0+ 1MNfC
GHGEAE8IS5R1300 Key Emergency Stop 1NfO+ 1T NfC Key to Reset
Selector & Key Switches
Part Number Function Contacts Action
GHGAIEET90RS307 3 Position (1-0-1) MO
j' E GHEA1EH190RE102 2 Position {I-I) 1N/0 + 1 NfC Maintained
™ GHGAZEI90RE201 2 Position (0-1) 2 M0
GHEA12E195RE507 3 Pasition (1-0-11) ZH/O Key Operated
Signal Lamps
“ Part Humber Function Voltage Colour
p GHGA188T70R0051 ignal Lamp 20 - 250V AC/DC Supplied with red, reen,
GHEATSET7ORD053 12 - 30V AC/DC amber & white lenses
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Potentiometers
- Part Humber Function Voltage Action
:? GHGAE8131R001S 10 k! Potentiometer 250V ACSIW Rotary
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Accessories
Part Number Description
GHGA0T939R0002 Rear Terminal Protective Cap
GHGAT0TRO0IRDIZS Flap Bracket
GHGA10T90TIR0126 Padlockable Bracket
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