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1. RECEPTACLE ACCEPRPTS A .008—.014 THICK I|.C. LEAD.

2. TUBE LOADED.
& TWO .000030 MIN THK. GOLD STRIPES IN CONTACT AREA WITH TIN—LEAD
. (93/7) ON CONTACT LEGS, BALANCE OF CONTACT NICKEL PLATED. .
A TWO .000015 MIN THK. GOLD STRIPES IN CONTACT AREA WITH TIN—LEAD

(93/7) ON CONTACT LEGS, BALANCE OF CONTACT NICKEL PLATED.
A OBSOLETE PARTS: OBSOLETE CIS STREAMLINING PER D,RENAUD/D.SINISI
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_é_é_é_@_@_@_é_é_ OBSOLETE TINNED PHOS.BRZ. .006 THK | GLASS—FILLED THERMOPLASTIC, 94V—0, BLACK|2—641610-5

4 ) PHOS.BRZ. .006 THK | GLASS—FILLED THERMOPLASTIC, 94V—0O, BLACK|2—641610—4

OBSOLETE TINNED PHOS.BRZ. .006 THK | GLASS—FILLED THERMOPLASTIC, 94V—0, BLACK|2—641610—35

. 500 \NOBSOLETE 3 BE.CU. .006 THK CLASS—FILLED THERMOPLASTIC, 94V—0O, BLACK|2—641610—-2

* TINNED BE.CU. .006 THK GCLASS—FILLED THERMOPLASTIC, 94V—0, BLACK|2—641610—1
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