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Bimetal Dial Thermometer
Transformer version

Special features

e Class 1.5

¢ Display ranges -20°C to +120°C
e Stainless steel case

e Case size: @ 80 mm

e Protection type IP 55

Brief description

Dial thermometers in transformer version

are devices which can be universally used for local temperature measurement.

Technical data
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Type 608005/1080

Basic type extension

1080

Case

Case and bezel made of stainless steel (1.4301)

Protection type

IP 55 according to DIN EN 60529

Front pane Acrylic glass (PMMA)
Scale White, with black lettering
Display

Class 1.5 similar to DIN EN 13190

Time constant o g3o

Approx. 20 s, measured in flowing water with a probe @ of 10 mm made of stainless steel

Influential effect of the
ambient temperature

No influence

Limit value temperatures

-30 to +80°C (storage and transport -30 to +80°C)

Rated position

Any
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Display range (AB)

Display range in °C

Measuring range in °C

Tolerance in K (+/-)

643 -20 to +120 0 to +100 3.0
818 0to +120 +20 to +120 3.0
Dimensions
Type: 57 Extra code 434
608005/1080
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Devices in stock
Part no. Type Display range Temperature probe, Protection
process connection, mate- tube
rial Dimension
IISII
00483589 608005/1080-643-874-8-106-97-150/430, 522 -20 to +120 °C TF 05,d =8 mm Stainless
with drag indicator TA 24, "G 1" CuZn steel
150 mm

Attention: only for devices in stock — Packaging unit 3 pieces — Quantity ordered must be divisible by 3!
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Order details

Order code

608005/1080

643
818

874

104
105
106

97

150

000
434
522

Order code

Order example

(1) Basic type

Mechanical dial thermometer, transformer version class 1.5 with drag indicator

Design type 10  Case size @

T

(2) Display range (AB) in °C
-20 to +120
0to+120

80 mm

(3) Process connection (PC)

TA 24 Protection tube with screw connection,

O ring seal and clamping screw
(4) 9 Process connection (PC)
8 mm

(5) Thread type of process connection (PC)
Screw connection G 1/2
Screw connection G 3/4
Screw connection G 1

(6) Probe material
Stainless steel (1.4571) - TF / Brass - TA

(7) Insertion length, process connection (PC) dimension "S"

150 mm

Special length (specifications in plain text — 50 mm increments)

(8) Extra code (T2)
Without extra code

Drag indicator can be adjusted with a screwdriver, protected by a cover

Customized scale

(1 ¢4 @ (4) (5)

Special versions upon request!

(6) @) @®)

| 608005/.... |- | ... |-

S

608005/1080 - 818 - 106

2 List extra codes in sequence, separated by commas.

Caution:

Note:

Contact thermometer temperature probe, refer to data sheet 608540.

97 - 150 / 0002 ,

only for devices in stock — Packaging unit 3 pieces - Quantity ordered must be divisible by 3!

For temperature indicator and contact dial thermometer with capillary, refer to data sheet 608201 and 608520.
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