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. 3 COND., 24 AWG STRANDED, FOIL SHIELD
PIN 2 ST-603 0.180 0.D. (REF) S 8T
BLACK BLACK, VINYL JACKET
SCALE | = 0.250
WIRING DIAGRAM MATERTALS .
CONTACTS - BERYLLIUM COPPER, GOLD PLATED 603 L G = TA
ST-603 INSULATOR - PPS, UL 94V-0 2ND END - STRIP & TIN
PIN | WHITE SHELL - BRASS, NICKEL PLATED LENGTH OF CABLE [N INCHES
PIN 2 RED OVERMOLD - PVC, UL 94V-0, BLACK TYPE OF CABLE - WI291-6
PIN 3 BLACK LCOLOR OF CABLE - BLACK
SHELL DRAIN WIRE LIST END - ST603
(CUSTOMER DRAWING)
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