
PVC	hose	with	rigid	PVC	spiral	and	copper	wire
for	making	the	hose	antistatic,	for	delivery
and	suction	of	food	liquids.

SMOOT H	SURFACESSMOOT H	SURFACES

FLEX IBILIT YFLEX IBILIT Y

ABRASIONABRASION
RESIST ANCERESIST ANCE

T EMPERAT URET EMPERAT URE
RANGERANGE

-5°C	+60°C
23°F	+140°F

CHEMICALCHEMICAL
RESIST ANCERESIST ANCE PVC	table

CRUSHINGCRUSHING
RESIST ANCERESIST ANCE

ANT IST AT ICANT IST AT IC Wire	resistance	0,075
Ohm/m

FOR	FOODFOR	FOOD
Suitable	according	to	Reg.	CE	1935/2004

and	Reg.	UE	10/2011	for	contact	with
foodstuff	that	requires	a	simulating

liquid	type	A	B	C,	migration	tests
performed	at	40°C	for	24	hours.

911046911046 LUISIANA	ANTISTATICOLUISIANA	ANTISTATICO



1818 24 3 260 70 8 7 6 right 50 ON	DEMAND

2020 26.2 3.1 275 75 8 7 6.5 right 50 ON	DEMAND

2222 28.4 3.2 300 80 / / 7 right 50 ON	DEMAND

11 2525 31.6 3.3 330 120 8 7 7.4 right 50 ON	DEMAND

3030 37 3.5 420 140 7 7 7.5 right 50 ON	DEMAND

1	1	1/41/4 3232 39.2 3.6 460 150 7 7 7.7 right 50 ON	DEMAND

3535 42.2 3.6 500 160 7 7 7.7 right 50 ON	DEMAND

1	1	1/21/2 3838 45.4 3.7 550 170 6 7 7.6 right 50 ON	DEMAND

4040 47.6 3.8 610 180 6 7 7.8 right 50 ON	DEMAND

1	1	3/43/4 4545 52.4 3.7 670 200 6 7 8 right 50 ON	DEMAND

22 5050 58.2 4.1 810 220 6 7 8.3 right 50 ON	DEMAND

22 5151 right 50 ON	DEMAND

5555 63.6 4.3 860 248 6 7 9.8 right 50 ON	DEMAND

6060 68.4 4.2 970 270 5 7 8.5 right 50 ON	DEMAND

2	2	1/21/2 6363 71.5 4 1040 290 5 7 8.5 right 50 ON	DEMAND

7070 78.4 4.2 1200 320 4 7 9 right 50 ON	DEMAND

7575 85.4 5.2 1380 350 4 7 9.5 right 50 ON	DEMAND

33 7676 right 25 ON	DEMAND

8080 90.6 5.3 1560 360 4 7 right 25 ON	DEMAND

33 8989 right 25 ON	DEMAND

33 9090 100.6 5.3 1850 430 4 7 right 25 ON	DEMAND

100100 112 6 2200 480 4 7 right 25 ON	DEMAND

44 102102 114.2 6.3 2160 480 4 7 right 25 ON	DEMAND

110110 122 6 2500 530 4 5 right 25 ON	DEMAND

120120 132.4 6.2 2850 680 3 5 right 25 ON	DEMAND

125125 137.6 6.3 3130 730 3 5 right 25 ON	DEMAND

55 127127 127 6.8 3130 / 3 5 right 25 ON	DEMAND

150150 164.2 7.2 4250 810 3 5 right 25 ON	DEMAND

66 152152 167.2 7.4 4250 / 3 5 right 25 ON	DEMAND

200200 218.2 9.1 6400 900 2 5 right 10 ON	DEMAND

All	technical	specifications	apply	to	a	temperature	of	23°C	±	2°C	(ISO	291).	-	Tolerance	on	all	specifications	±	5%.
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