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Air-operated valve grinder

Description:
● Working pressure: 8 bar.
● Air consumption: 0.08 m³/min.
● Supplied with 2 suction cups (diam.:
22 and 33 mm).
● Suction cup 22 mm: U.54AV1.
● Suction cup 33 mm: U.54AV2.
● Suction cup 30 mm: U.54AV3.
● Suction cup 45 mm: U.54AV4.
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H
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U.54A 280.0 70.0 90.0 0.8


