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300W TEX PSU
80+ Bronze

300W TFX 80+ Bronze Certified Power Supply
Active PFC Peak 360\W+

Features & Specifications

* High Efficiency - 80 PLUS Bronze Certified

* Super low noise fan control

* Specification compliance: TFX12V v2.31

* Low ripple & noise

* Forward converter circuit

* High efficiency and reliability

* Pentium 4 ready with P4 connectors

* Short circuit protection on all outputs

* 100% burn in, high temperature cycled on/off
* Patented Active Transient Load (R.O.C. Patent # 1309103)

* QOver voltage protection

* Qver power protection

* 100% hi-pot test

Cables & Connectors:

G .

20+4PIN SATA
P ﬂ 0
+12V P4 PCI
2 el
4PIN Floppy
DC OUTPUT 3.3V 5V 12V, 12V, -12V 5VSB
Max 20A 20A 21A - 0.8A 2A
Total 300W




