PLUGS

STRAIGHT PLUG, FULL CRIM
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cabtle group part number fig. A B C D mounting finish note
2 /50 /S R124 069 120 1 25 1 2,55 7.7 M08 BBR
T - i B : -—-— -1 Back nut/ solder contact
2 /50 /8 R124 069 123 1 25 1 2,55 7.7 M08 Gold
26/50 /S R124 071120 2 23,4 1,61 3,25 7.7 M 01 BBR
26/50 /S R124 071 123 2 23,4 1,61 3,25 7.7 M 01 Gold
e e 3 piece SMA
26/50 /D R124 072 220 2 23,4 1,61 35 7.7 M 01 BBR
28/50 /D | R124072223 2 23,4 1,61 35 7,7 M 01 Gold
Slide-on interface - Non
26/50 /S R124 072 520e 3 27,14 1,7 3,25 8,9 M 01 BBR captivated center contact
5 /50 /8 R124 075 320 2 . 264 3.1 5,41 7.7 MOt BBR
e - — o s - 3 piece SMA
5 /50 /S R124075323 : 2 . 264 3.1 5,41 7.7 M 01 Gold
‘ Cable LMR200 Non
5 /50 /S R124 075 200 4 24,15 3,1 5,55 M 01 Gold captivated center contact
5 /50 /D R124 076 320 2 26,4 3,11 5,8 7,7 M 01 BBR
e s 3 piece SMA
/50 /D R124 076 323 2 26,4 3.1 5.8 7,7 M 01 Gold
Cable LMR400 Non capti-
10.3/50/ S R124 080 030 2 29,65 7,44 11,05 12,7 M 01 BBR vated center contact

STRAIGHT PLUG, SOLDER TYPE, FOR SEMI-RIGID CABLE
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Fig. 2
cable group part number fig. A B mounting finish note
.085 R124 052 003 1 111 2,25 M 04 Gold Non captivated center contact
.085 R124 052 5209 2 21,14 2,25 M o7 Gold Slide-on interface
141 R124 054 001 3 8,5 3,65 M 06 BBR )
Without center contact
A4 R124 054 003 3 8,5 3,65 M 06 Gold
® Upon request. Standard packaging : 100 pleceé
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