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No BOM ITEM QTY P/N

1 | KPR-14 BLADE 3 PCS | BBB14000
2 | IS-14 INNER BODY 1 PCS | MI014000
3 | PVC 45P (SA87, 1S-010) 19 g | RPP04512
4 | PE TIE (BLACK> 6 inch) |1 pcs | KBB10006
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CABLE HO5VV-F 3G 1.0 m CT-12 (BLACK)

E: Yellow/Green
N: Blue
L: Brown

LENGED ON CORD: (205-14)
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NF-USE 1346 IEMMEQU HO5VV-F 3G 1.0mm? 60227 IEC 53 RVV 300/500V @€
A003083 3ASL/100 4V-75 V-75(75°C) 250/440V ORDINARY DUTY Q90033 -LF- Cé€

‘ PLUG

1S-010 LENGTH 2000  |UNIT|mm
E NAME First Connectiviey N/W UNIT| kg
Z| P/N 7440938 SG DWG  SR-141993-4| VER.| A
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