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Spacer plate - DP PS-3,5 - 3031011

ECPH(ENIX
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Spacer plate, length: 15.9 mm, width: 3.5 mm, height: 33.5 mm, number of positions: 1, color: red

Key Commercial Data

Packing unit 10 pc
Minimum order quantity 10 pc
U
47046356"728010
GTIN 4046356728010
Weight per Piece (excluding packing) 0.830g
Custom tariff number 85389099
Country of origin Poland
Technical data
General
Number of positions 1
Color red
Material PA
Flammability rating according to UL 94 VO
Dimensions
Width 3.5mm
Length 15.9 mm
Height 33.5 mm
General
| Ambient temperature (operation) | -40°C ... 125°C |
Standards and Regulations
| Flammability rating according to UL 94 | VO |

05/07/2020 Page 1/2


https://www.phoenixcontact.com/gb/products/3031011
https://www.phoenixcontact.com/gb/products/3031011

https://www.phoenixcontact.com/gb/products/3031011

Spacer plate - DP PS-3,5 - 3031011

Technical data

Environmental Product Compliance

chH(ENIX

China RoHS

Environmentally friendly use period: unlimited = EFUP-e

No hazardous substances above threshold values

Classifications

eCl@ss

eCl@ss 10.0.1 27141140
eCl@ss 4.0 27141100
eCl@ss 4.1 27141100
eCl@ss 5.0 27141100
eCl@ss 5.1 27141100
eCl@ss 6.0 27141100
eCl@ss 7.0 27141140
eCl@ss 8.0 27141140
eCl@ss 9.0 27141140
ETIM
ETIM 3.0 EC000489
ETIM 4.0 EC000489
ETIM 5.0 EC000489
ETIM 6.0 EC000489
ETIM 7.0 EC000489
UNSPSC
UNSPSC 6.01 30211829
UNSPSC 7.0901 39121426
UNSPSC 11 39121426
UNSPSC 12.01 39121426
UNSPSC 13.2 39121426
UNSPSC 18.0 39121426
UNSPSC 19.0 39121426
UNSPSC 20.0 39121426
UNSPSC 21.0 39121426
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