Plastic enclosure
190 x 100 x 80 mm dark grey ABS IP 54

Ideal for instruments or telecommunications equipment
4 M3 flat-head screws provide reliable fastening of the top and bottom parts

SPECIFICATION:

Dimensions Lx W x H 190 x 100 x 80 mm
Colour dark grey

Material ABS

Protection rating IP 54

Fire class UL 94 V-0

Art. Nr.

RND 455-00286

Distrelec Schweiz AG, Grabenstrasse 6, 8606 Nanikon, Switzerland, T +41 44 944 99 11, info@distrelec.com, distrelec.com
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