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Schmelzzeitgrenzwerte:
Fusing time limits:

Bemessungsstrom | 15x1, | 21xl, 2,75x Iy 4xly 10 x Iy
Rated current min. max. min. | max. | min. | max. | min. | max.
100mA-16 A 1h 30min |400ms| BOs |95ms | S5s 10 ms | 300 ms

2ZA-32A 1h J0min |400ms| BDs |150ms]| 5s 20 ms | 300 ms
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Time-Current Curves
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