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Serial Memory Single-Wire Evaluation Kit

Quick Start Guide
Overview 
The Serial Memory Single-Wire Evaluation Kit (DM160232) is an easy-to-use
interactive user tool to demonstrate the best in class features, functionality and low-
power operation of the AT21CS Series Serial EEPROM devices. The evaluation kit
is for engineers, developers and decision makers to allow for fast system
prototyping using the Single-Wire Interface (SWI) protocol. The Serial Memory
Single-Wire Evaluation Kit includes a Graphical User Interface (GUI) which allows
the user to configure, demonstrate and personalize the single-wire Serial EEPROM
device.

Board Schematics, User’s Guide and Other Resources
The hardware schematics and other information relating to the Serial Memory
Single-Wire Evaluation Kit can be found in the user’s guide for the board, which can
be obtained from http://www.microchip.com/DM160232.

Evaluation Kit Contents
The Serial Memory Single-Wire Evaluation Kit comes with a USB Base Board
(Figure 1), an SWI Socket Board (Figure 2) and five AT21CS01-STUM10-T
devices, with one installed in the SWI Socket Board’s SOT23 socket.

Operating Requirements
For the Serial Memory Single-Wire Evaluation Kit to function properly, the
following hardware and software requirements must be met:

• PC compatible system
• An available USB port on the PC
• Windows® 7 or higher operating systems(1)

Note 1: Testing has been performed on a 64-bit Windows® 7 operating system.

http://www.microchip.com/DM160232


Serial Memory Single-Wire Evaluation Kit

Quick Start Guide
Evaluation Kit Setup
The Serial Memory Single-Wire Evaluation Kit comes factory programmed with
the latest version of the USB Base Board firmware loaded. 

To start using the evaluation kit, please download the latest version of the
Graphical User Interface (GUI) and the USB driver which can be obtained from
http://www.microchip.com/DM160232.

Once the GUI and USB driver have been installed, simply plug the USB Base
Board into the SWI Socket Board using the H1 and J1 headers (Figure 3), and
plug the USB Base Board into an unused USB port. Launch the GUI by double
clicking on the desktop icon or by finding the program under the Microchip
program folder.

FIGURE 1: USB BASE BOARD (02-10682)

FIGURE 2: SWI SOCKET BOARD (02-10681)

FIGURE 3: DM160232 USB BASE BOARD AND SWI SOCKET BOARD
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