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PRODUCT REFERENCE NUMBERS

KEY COMBINATIONS NUT HORSESHOE HEAD SHAPE
SERIES FIXED HOUSING CLIP
20 0202 CONICAL HEAD
300 DOUBLE ENTRY | 100 0205 0206 CYLINDRICAL
D207 0208 SQUARE
0213 0214 ROUND
0251 CONICAL
0252 ROUND

MAXIMUM PANEL THICKNESS: NUT FIXING 2 5mm, HORSESHOE CLIF FIXING ACROSS ROUNDS 2.6mm, ACROSS FLATS 4mm
STANDARD MOVEMENTS: 1,2, 3, 4. 8
STANDARD FINISH: BRIGHT CHROME
CAMS FOR THESE PRODUCTS MAY NOT REFLECT STANDARD DIMENSIONS, PLEASE REFER TO SALES DEPARTMENT.
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