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TABLE 1 PRODUCTS TABLE TABLE 2 PRODUCTS VERSION
MATNEORIAL Eng.No. TYPE D1 D2 TYPE DESCRIPTION COLOR
0936013522 | 7824.6376.0 M25x1.5 - STD Standard version
Grey RAL 7037
0936013527 | 7824.6377.0 STD M25x1.5 | M25x1.5 STD-HV Standard version for High Voltage inserts
0936013500 | 7824.6326.0 Pg21 ) HE Hars Enviromental version
Black RAL 9005
0936013505 |  7824.6327.0 Pg21 Pg21 HE-HV Hars Enviromental version for High Voltage inserts
0936013524 | 7824.6376.2 M25x1.5 -
EMC Electromagnetic compatibility version Aluminum
0936013529 | 7824.6377.2 M25x1.5 M25x1.5
STD-HV
0936013502 | 7824.6326.2 Pg21 -
0936013507 | 7824.6327.2 Pg21 Pg21
0936013523 | 7824.6376.1 M25x1.5 -
0936013528 | 7824.6377.1 M25x1.5 M25x1.5
HE
0936013501 | 7824.6326.1 Pg21 -
0936013506 | 7824.6327.1 Pg21 Pg21
0936013525 | 7824.6376.3 M25x1.5 -
0936013530 | 7824.6377.3 M25x1.5 M25x1.5
HE-HV
0936013503 | 7824.6326.3 Pg21 -
0936013508 | 7824.6327.3 Pg21 Pg21
0936013526 | 7824.6376.4 M25x1.5 -
0936013531 | 7824.6377.4 M25 M25x1.5
EMC
0936013504 | 7824.6326.4 Pg21 -
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