
 

  

 

  

 

  

  

  

 

  

 

 

 

 

 

Datasheet 

 

 
Steel Bright Zinc Plated, Hexagon Cap Socket Screws: 

Metric Thread 
 

 

ENGLISH 

RS Stock No: 8229329  

Socket Caps have a small cylindrical head with tall vertical sides giving them space-saving advantages as well 

as greater tensile strength and they require less side room for wrenches.  These socket screws are used in 

many applications including the manufacture and repair of vehicles, machine tooling, tools and dies, machine 

production and repair and many general engineering applications.  Most importantly, socket head cap screws 

provide safety, reliability and cost efficiency. 

 

• 12.9 grade heat-treated high tensile alloy steel 

• Threaded in accordance with DIN 912 Standard 

• 1200 MPa maximum tensile strength compared to just 800 MPa for structural grade 8.8 so can be used in 

high tensile applications 

• 1100 yield strength compared to 640-660 MPa depending on the size of the screw for structural grade 8.8 

• 970 MPa proof load compared to just 580-600 depending on the size of the screw for structural grade 8.8 

• Suitable for use in many industrial applications and similarly medical, construction, electronic and domestic 

applications 

• Requires a Hex Key / Allen Key 

 

 

 



ENGLISH 

Please view our range listing below for more Bright Zinc Plated Steel Hexagon Socket 

Cap Head Screws: 

Head Shape Material Thread Size Length RS Part No. 

Hexagon Socket Bright Zinc Plated M4 6 mm 8229322 

Hexagon Socket Bright Zinc Plated M5 35 mm 8229325 

Hexagon Socket Bright Zinc Plated M5 45 mm 8229329 
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