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2kW Fan Heater, Floor 
Mounted, Type C - European 

Plug                                                                                                     
RS Stock No.: 174-6568        

 

 

 

 

 

 

 

 

 

 

 

    

   

RS Professionally Approved Products bring to you professional 
quality parts across all product categories. Our product range has 
been tested by engineers and provides a comparable quality to the 
leading brands without paying a premium price. 

 

• Fan heater 
 

• Floor-mounted / 
portable 
 

• Type C European 
plug 
 

• Maximum output 
power of 2 kW 
 

• Airflow of 197 m³/h 
 

• Controlled by 
thermostat 
 

• Dimensions of 217 
mm (H) x 210 mm 
(W) x 160 mm (D) 
 

• Two power settings 
 

• Voltage rating of 230 
V ac 
 

• Meets EN69335-
1:2012+A11 and 
EN60335-2-
30:2009+A11as a 
safe household and 
similar appliance 
 

• Complies with Afps 
GS 2014:01 Pa 3.1 
on hydrocarbon 
levels 
 

• Meets EN62233:2008 
on electromagnetic 
fields 

FEATURES 
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This 2 kW fan heater from the RS PRO range can be easily transported and used when and where 
you need it. Measuring 217 mm high x 210 mm wide x 160 mm deep, it's small enough to move 
around easily and has an integrated carry handle. The heater is fitted with a two-pin Schuko Euro 
plug, so it can be plugged into the mains across many European countries. 
The fan motor features thermal protection to prevent overheating. Multistage temperature settings 
give you control, while an integrated room thermostat helps maintain constant warmth. The heater 
has been tested against a range of industry standards. It meets EN69335-1:2012+A11 and 
EN60335-2-30:2009+A11 as a safe household and similar appliance, and EN62233:2008 on 
electromagnetic fields. It also conforms to Afps GS 2014:01 Pa 3.1 on hydrocarbon levels. 

 

 

 

Heat Type Fan 
Air Flow 197m³/h 
Control Type Thermostat 
Power Settings   2 
Safety Thermostat Yes 
Heating Area 20m2 

Applications   
Automobile workshop, Construction area, Assembly 
operation, Food and beverage, Storeroom and 
workshop, Greenhouse    

  

 

 

Maximum Output Power 2kW 

Voltage Rating 230V ac 

Nominal Current 8.3A to 9.1A 

Frequency 50Hz 

Plug Type     Type C - European Plug 
 

 

 

 

Product Description  

General Specifications 

Electrical Specifications 
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Mounting Floor Mounted 
Dimensions 217mm x 210mm x 160mm  
Height 217mm   
Width 210mm 
Depth 160mm 
Weight 1.7Kg 

 

 

 

IP Rating   IP20               
 

 

 

Compliance/Certifications EN69335-1:2012+A1, EN60335-2-30:2009+A11, 
RoHS 

        

 

 

Mechanical Specifications 

Approvals 

Protection Category 
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