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IEC type
industrial
control relays

TeSys Type CAD

AC 50/60 Hz coil
Volts 12 24 48 120 208 240 277 480 600

Code J7 B7 E7 G7 LE7 U7 W7 T7 X7

DC coil (coils have built in suppression as standard)
Volts 12 24 36 48 60 72 110 125 220 250 440

Code JD BD CD ED ND SD FD GD MD UD RD

DC low consumption coil (coils have built in suppression as standard)
Volts 5 12 24 48 72

Code AL JL BL EL SL

Instantaneous control relays

Terminal Type Number of Contacts Contact Configuration Catalog Number (1)

N.O. N.C.

5 0 CAD50••
screw clamp 5

3 2 CAD32••

5 0 CAD503••
spring terminal 5

3 2 CAD323••

5 0 CAD506••
ring tongue 5

3 2 CAD326••

(1) Complete the catalog number by adding the proper voltage code from the table below. Example: CAD50G7.

CAD32••

CAD503••

CAD326••




