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Datasheet

Model 9139154

Snecifications:
Electrical Rating
Dielectric Strength

Operating Temperature
Degree of Protection
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16A 250V

1000VAC for 1 min hetweencurrent carrying parts
2500VAC for 1 min hetweennon-current carrying parts
-20~—+80°C (-4—116°F)

IP20/NEMA1




Features:
o CE/VUDE/GS Certified

o Trailing Socket Schuko 20m PUC white cahle

o 20meterHOSVV-F3G1.5MM cable
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