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3216 W 009 BXT R 012 BXT R 024 BXT R
Un 9 12 24 Vv
R 0,55 0,88 3,26 Q
max. 82 83 82 %
no 6020 6240 6200 min-!
Io 0,179 0,129 0,084 A
Ma 225 245 263 mNm
kn 691 530 267 min-'/V
ke 1,45 1,89 3,75 mV/min-!
km 13,8 18 35,8 mNm/A
ki 0,0724 0,0555 0,0279 A/mNm
An/AM 27,5 25,9 24,3 min-'/mNm
L 191 331 1290 uH
Tm 5,28 4,97 4,66 ms
J 18,3 18,3 18,3 gcm?
Olmax. 123 134 144 * 103rad/s?
-40 ... +100 °C
+125 °C
R, TN
4 mm
15 N
3 N
50 N
< 0,015 mm
= 0 mm
57,9 g
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27 FEEHRR GARE) Iv 2,87 2,28 117 A
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