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Class Nex 1422 01 FUSES Special Typa

LISTEE
Schurrer S.A

4545061 Route de Chateguvillain
Arc-En-Barrois, 52210
FPrance ‘

-SUBMITTOR
Bei Fuse Ina.

4547300 198 Vag Vorst St
Jersey City, NI 07302
USA

August §, 2000(Replaces: January 21, 1994)

¢ Suppl=mental, giass cartrige, 1/4 in by 1-1/4 in, oco-renewable.

e Type UCDST, (pigtail), 0.010A o 8A, 125250V ac, R125-10KA, IRZ50- 1A or less 35A,;  [A-3.54,
100A; 3-5A-3A, J00A

e Type UCDS, (pigmail), 10A and less, 125/250V ac, [R125-10KA, IR250-200A.

o Supplemema) glass cayridge, Smm by 20mm, non-renewable.

o Type UCDIT, (pigtail), 3A and less, 125/250V ac, [R125-10KA, IR2Z50-2004, 4-5A, 125V ac  and less,
RI28-10KA.

e Type UCD!, (pigtail), 8A and less, 125/250V ac, [R125-10KA, IR250-2004.

DQD e, 515 Y408
Page 1



