
RS Part 

Number

IKO Part 

Number

Stud 

Diameter 

(mm)

Mass D C d1 G G1 B max

1251210 CF4FBUUR 4 7.4 12 8 4 M4x0.7 6 9

1251211 CF5FBUUR 5 10.3 13 9 5 M5x0.8 7.5 10

1251212 CF6FBUUR 6 18.5 16 11 6 M6x1 8 12.2

1251213 CF8FBUUR 8 28.5 19 11 8 M8x1.25 10 12.2

1251214 CF10FBUUR 45 22 12 10 M10x1.25 12 13.2

1251215 CF10-1FBUUR 60 26 12 10 M10x1.25 12 13.2
10



B1 max B2 C1 H rs min

Mounting 

dimensio

n ∫min 

(mm)

Basic 

dynamic 

load 

rating C 

(N)

Basic 

static 

load 

rating Co 

(N)

Maximu

m 

allowable 

static 

load (N)

20 11 0.5 2.5 0.3 8.3 1650 1270 834

23 13 0.5 3 0.3 9.3 1930 1730 1260

28.2 16 0.6 3 0.3 11 2930 2920 1950

32.2 20 0.6 4 0.3 13 3400 3790 3790

36.2 23 0.6 4 0.3 16 4340 5510 5510

36.2 23 0.6 4 0.3 16 4340 5510 5510


