Polycarbonate enclosures PK

Materlal:

— Housing of fibre-glass
reinforced polyamide

— Cover either transparent
(version .100) or grey (ver-

Colour:
RAL 7035

Protection category:
IP 66 to IEC 60 529

Supply Includes:

— Enclosure with cover

— Cover screws

— Insulating bungs for wall
mounting screws

Approvals:
- UL
— Bureau Veritas

Detalled drawings:
Avallable on the Internet.

sion .000), made from fibre-
glass-reinforced polycar-
bonate

— Cover screws from polyamide

— Insulating bung from poly-
ethylene

— All-round foamed-in PU seal

Width mm 65 94 94 o4 110 110 Page
Height mm 65 65 94 94 110 110
Depth mm 57 57 57 81 €6 20
Model No. PK 9500.000 9502.000 9504.000 9505,000 9506.000 9507.000
Packs of 12 8 6 6 (4] ]
Transparent - - - - - -
Caover
Gray ] ] L] ] ] ]
Accessories
Support rail  Installation in the width 12 - - 9564,000 9564,000 9564.000 9564.000 Bl
T535/75 Installation in the height 12 - = 9564,000 9564.000 9564000 9564,000 3
Wall mounting brackets 40 9583.000 9583.000 9583.000 9583.000 9583,000 9583.000 a1
Turn-lock fastener 100 9582.000 9582.000 9582000 9582.000 9582,000 9582,000 31
Hinges 10 sels 9580,000 9580.000 9580,000 9580.000 9580,000 9580000 3
Width mm 130 130 130 130 130 130 Page
Height mm 94 94 94 94 130 130
Depth mm 57 57 81 81 75 75
Model No. PK 9508.100 9508.000 9509.100 ©509.000 9510.100 9510.000
Packs of 4 4 4 4 4 4
Transparent L] - n - L] -
o Grey = - u - u - ]
Accessories
Mounting plate - - - - 9545.000 9545,000 H
Packs of - - - - 10 10
Support rail _Installation in the width 12 9565.000 9565,000 9565.000 9565.000 9565.000 9565.000 31
TS 35/7.5 Installation in the height 12 9564.000 9564 000 9564 .000 9564.000 9585.000 955,000 31
Wall mounting brackets 40 8583.000 9583.000 9583.000 9583,000 9583.000 9583.000 31
Turn-lock fastener 100 9582.000 9582.000 9582000 9582.000 9582,000 9582,000 3
Hinges 10 sets 9580.000 9580.000 9580.000 9580,000 9580.000 9580.000 3
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Polycarbonate enclosures PK

Width mm 130 130 180 180 180 180 Page
Height mm 130 130 94 94 84 94
Depth mm T] a0 57 57 81 a1
Model No. PK 9511.100 9511.000 9512.100 9512.000 9513.100 9513.000
Packs of 4 4 2 2 2 2
Cover Transparent ] - . = n =
Grey - . - n - [
Accessories
™ 9545,000 9545,000 - - - - 3
Packs of 10 10 - - ~ ~
Support rail _Installation in the width 12 9565.000 9565,000 9566.000 9566.000 9566.000 8566.000 3
TS 35/7.5  |nstallation in the helght 12 9565,000 9565,000 9564.000 3564,000 9564,000 9564,000 31
Wall mounting brackets 40 9583,000 9583,000 9583.000 9583,000 9583,000 9583.000 3
Turn-lock fastener 100 9582,000 9582,000 9582000 9582,000 9582,000 9582 000 N
Hinges 10 sets 9580.000 8580,000 0580.000 9580,000 9580,000 8580.000 3
Width mm 180 180 180 180 180 180 Page
Height mm 110 110 110 110 110 110
Depth mm 80 0 111 111 165 165
Model No. PK 9514,100 9514.000 9515.100 9515.000 0516.100 9516.000
Packs of 2 2 2 2 2 2
b Transparent | - ] - - (]
Gray - n - L - -
Accessories
—_—_ 9547.000 9547.000 9547.000 9547,000 9547000 9547.000 3
Packs of 10 10 10 10 10 10
Support rall Installation In the width 12 9566.000 9566.000 9566.000 8566.000 9566.000 9566.000 3N
TS 35/7.5  |nstallation in the height | 12 9564,000 9564,000 a564.000 9564,000 9564,000 9564.000 3
Wall mounting brackets 40 9583,000 9583,000 a583.000 9583,000 9583,000 8583.000 3
Turn-lock fastener 100 9582,000 9582,000 9582.000 3582.000 9582,000 9582.000 ER
Hinges 10 sets 9581,000 9581,000 a581.000 9581,000 9581000 9581.000 3
Width mm 182 182 182 182 182 182 254 254 Page
Height mm 180 180 180 180 180 180 180 180
Depth mm 90 90 111 111 165 165 90 20
Model No. PK 9517100 | 9517000 | 9518100 | 9518.000 | 9519.100 | 9519.000 | 9520.100 | 9520.000
Packs of 1 i 1 1 1 1 1 1
Transparent ] ~ ] - ™ = n =
Cover
Grey - u - n - = = .
Accessories
r 9548000 | 9548.000 | 9548.000 | 9548.000 | 9548.000 | 9548.000 | 9549.000 | 9549.000 | 31
Mounting plate
Packs of 10 10 10 10 10 10 8 8
Support rail _nstallation in the width 12 9568000 | 9566.000 | 9566.000 | 9566,000 | 9566.000 | 9566.000 | 9567.000 | 9567.000 | 31
TS35/75  |nstallation in the height 12 9568.000 | 9566.000 | 9566.000 | 9568.000 | 9566.000 | 9568.000 | 9566.000 | 9568.000 | 31
Wall mounting brackets 40 9583.000 | 9583.000 | 9583.000 | 9583.000 | 9583.000 | 9583.000 | 9583.000 | 9583.000 | 31
Turn-lock fastener 100 | 9582.000 | 9582.000 | 9582.000 | 9582000 | 9582.000 | 9582.000 | 9582.000 | 9582000 | 31
Hinges 10sets | 9581.000 | 9581.000 | 9581.000 | 9581,000 | 9581.000 | 9581.000 | 9581.000 | 9581.000 | 31
Width mm 254 254 254 254 360 360 360 380 Page
Height mm 180 180 180 180 254 254 254 254
Depth mm 111 111 165 165 111 111 165 165
Model No. PK 9521.100 | 9521.000 | 9522.100 | 9522.000 | 9523.100 | 9523.000 | 9524.100 | 9524.000
Packs of 1 1 1 1 1 1 1 1
Coer Transparent [ ] - L] - . = a =
Grey — L] - " - . - ™
Accessories
—— 9549.000 | 9549.000 | 9549.000 | 9549.000 | 9550.000 | 9550.000 | 9550.000 | 9550.000 | 31
Packs of a 8 8 8 4 4 4 4
Supportrall _Installation in the width 12 9567.000 | 9567.000 | 9567.000 | 9567.000 | 9568.000 | 9568.000 | 9568.000 | 9568,000 | 31
TS 35/7.5 Installation in the height 12 95E8.000 9586.000 9566.000 95686,000 9567 .000 | 9567.000 9567.000 9567.000 3
Wall mounting brackets 40 9583.000 | 9583.000 | 9583.000 | 9583.000 | 9583.000 | 9583.000 | 9583.000 | 9583.000 | 31
Turn-lock fastener 100 | 9582.000 | @582.000 | 9582.000 | 9582.000 | 9582.000 | 9582.000 | 9582.000 | 9582.000 | 31
Hinges 10sets | 9581.000 | 9581.000 | 9581.000 | 9581.000 | 9581.000 | 9581.000 | 9581.000 | 9581.000 | 31
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