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Power Line Conducted Test Data

EUT: DCTODC COMVERTER POLARITY: Line
CLIENT: RECOM DISTAMGE:
MODEL: R-785.0-1.0 Serial Mo
RATIMG: DC-15V FILE/DATA#: RECOM.emil1g
Temperature: 230 - - OPERATOR: POMER
Humidity: 58 % TEST SITE: Conduction2
Frequency | Factor Meter Reading (dBuV) | Emission Level (aBul) Lirnits (dBu') Margin {28}
(MHz) (dB] Quas-Peak| Average |Quas-Peak| Average |Quas-Peak| Awerage |Quas-Feak| Awverage
0355 D.22 3220 3220 32.42 32.42 57.54 47.84 -25.52 -15.52
0.7e1 0.23 35.85 37.o01 3ar.08 7.4 55.00 45.00 -12.82 -B.7G
27687 D32 2327 2T 2388 23.03 55.00 45.00 -32.41 -22.87
5.081 0.60 23.08 21.01 23.85 21.81 80.00 £0.00 -36.34 -28.38
8.820 D.80 31.50 23.51 3240 24.41 £0.00 50.CO -27.60 -25.58
24 283 1.08 35.18 34.30 35.28 35.39 20.00 50.C0 -23.72 -14.51
Remark:
1. &ll readings are Quasi-Peak and Average values.
2. Facior = Insertion Loss + Cable Loss.
LIMIT: Cl1522_B.LMT
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Test Mode: Mode 3: Full Load R-785.0-1.0
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FPower Line Conducted Test Data

EUT: DCTODC CONVERTER POLARITY: MNeutral

CLIENT: RECOM DISTAMCE:

MODEL: R-785.0-1.0 Serial Mo.:

RATING: DC-15Y FILE'DATA# RECOM.emil20

Temperature: 230 - - OPERATOR: POMER

Humidity: 58 % TEST SITE: Conduction2

Frequency | Factor Meter Reading (dBuV) | Emission Level (dBu\) Lirmits (dBuv) Margin (28]
(MHz) (dBE) Quas-Feak| Awverage [Quasi-Feak| Awerage |Quas-Fesk| Average |Quas-Feak| Average
0.385 0.22 202 321 3224 3233 5784 47 84 -25.70 -15.61
0781 0.23 3343 33.80 33.66 3373 56.00 46.00 -22.34 -12.27
2763 0.24 26.01 25.78 2627 26.04 56.00 45.00 -2aTa -12.86
8.287 D.48 30.35 0.27 20.83 30.75 20.00 £0.00 -28.17 -18.25
18.435 0.75 2835 2121 8.1 21.85 20.00 50.00 -30.88 -28.04
24263 081 35.08 AT 1564 35.08 £0.00 50.00 -24.01 -14.82

Remark:

1. All readings are Quasi-Peak and Average values.
2. Factor = Insertion Loss + Cable Loss.
LIMIT: C1522_B.LMT
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Test Mode: Mode 3: Full Load R-785.0-1.0
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Radiated Emission Measurement Data

EUT: DCTODC COMVERTER POLARITY: Horzontal
CLIENT: RECOM DISTANCE: 10M
MODEL: R-785.0-1.0 Serial Mo.:
RATING: DC 15V FILE/DATA#®: RECOM.emil34
Temperature: 21.3 - - OPERATOR: BRIAN
Humidity: 23 % TEST SITE: OATS1
Frequency Factor Meter Rzadng Emission Lewel Lirnits Margin
[MHz} (dB) {dBu\) {dBuvim] {dBuSim) (dB)
B 124 ™ -21.83 36.83 15.00 30.00 -15.00
B3.458 ™ -18.18 35.058 15,68 30.00 -14.11
120.805 ™ -15.72 32.08 168.37 30.00 -13.63
188725 ™ -18.21 32.88 14.77 30.00 -15.23
208818 ™ -ir.82 32.42 14.50 30.00 -15.40
208 186 ™ -12.83 33.87 21.14 37.00 15.88
Remark:
1.7 " " Mark means readings are Peak Values.
2% " " Mark means readings are Quas-Peak values.
3. Factor = Antenna Factor + Cable Loss — Pre-amplifier.
LIMIT: CISPRZZE {10M). LMT
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Test Mode: Mode 3: Full Load R-785.0-1.0
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Radiated Emission Measurement Data

EUT: DCTODC COMVERTER POLARITY: \ertical
CLIENT: RECOM DISTANCE: 10M
MODEL: R-785.0-1.0 Serial Mo.:
RATING: DC 15V FILE/DATA#: RECOM.emif35
Temperature: 213 - - OFPERATOR: BRIAN
Humidity: B3 % TEST SITE: OATS1
Frequency Factor Meter Reading Emission Level Lirmits Margin
{MHz} (dB) (dBul] (dBu\im) {dBulfim) (dB)
53.583 = -21.81 36,43 14.52 20.00 -15.48
Bz.@ga ™" -18.35 36.83 18.47 30.00 -11.63
112877 == -18.11 34.81 12,80 30.00 -10.20
180412 ™ -17.78 33.67 15.88 30.00 -1 12
207.014 ™ -17.85 33.84 16.08 30.00 -13.82
258717 ™ -12.45 32.85 20,40 37.00 -16.60
Remark
1.7 " " Mark means readings are Peak Values.
2" " " Mark means readings are Quasi-Paak values.
3. Factor = Antenna Factor + Cable Loss — Pre-amplifier.
LIMIT: CISFRZ2B {10OM). LMT
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Test Mode: Mode 3: Full Load R-785.0-1.0
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