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Specifications:

Display:

Sensor

Sampling Rate:
Measuring Range:

Accuracy (0~500Lux):

( = 500Lux)

Angle deviation from

cosine characteristics:

Power Supply:
Battery life:
Dimension:
Weight:
Accessories:

6-digit LCD display with maximum reading of 3989
Silicon photodiode with filter and cosine correction.
2.5 times per second.

400, 4000, 40000, 400000 Lux
40, 400, 4000,40000 Foot-candles
(1 Fe = 10.76 Lux).

+3% #+3Lux (Calibrated to standard incandescent lamp 2856°K).
+3% (Calibrated to standard incandescent lamp 2856°K).
8% other visible light source

30° : £2%.

B0° : +6%.

BO": £25%.

2 batteries 1.5V AAA MN2400 LRO3 AM4.
About 50 hours.

133= 48= 23 mm (L = W = H).
Approx.90g with batteries installed.
Manual, batteries and carmrying bag.
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