
CA 9.2
2 channel amplifier 12 V

Art. Nr. 17500920

Frequency response and SNR

Distortion THD

Technical data ( EN ):
power output (1 % THD): 9 W rms / 4�

Distortion (50 % power output): 0,1% / 4� 

SNR (1kHz) 93 dB

Frequency range: 20 - 20 kHz

Sesitivity 115 mV

Net weight: 0,25 kG

Input impedance ( RCA unsym.): 12,6  k�

Dimensions ( Wx H x D): 112 x 41 x 80 mm

Power  Consumption (2 x 9 W) 3 A DC 12 V

Techical data are measured with ATB - equipment according EN - 60268 - 5
For product improvement HKM reserves alterations in specifications and design without further announcement

For tolerances of technical data refer to HKM´s manual of technical data
For information contact: tel.: +49 (0) 9073 / 9585 - 0, fax.: +49 (0) 9073 / 9585 - 55, e-mail: info@hkm-group.de

HP.: www.hkm-group.de
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