
Tapered roller bearings, single row

Principal dimensions Basic load ratings Speed ratings Designation
dynamic static Reference speed Limiting speed

d D T C C0 * SKF Explorer bearing
mm kN r/min -
66,675 112,712 30,162 123 183 4300 6000 3984/2/3920/2/Q


