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Image HightSpecification

1/3” sensor

Image Circle Size φ2.96mm

Focal Length 0.92mm

FOV

F number 2.3

Back Focal length 0.96mm

Mount M12 x P0.5

Lens Configuration 8 glasses

195°

Entaniya Raspberry Pi RP-L195


