SIEMENS

Datenblatt 3SU1900-0HG10-0AA0

metrische Verschraubung M20 mit Sechskantmutter fiir Gehause

Produkt-Markenname SIRIUS ACT
Produkt-Bezeichnung Metrische Verschraubung
Ausfiihrung des Produkts M20 fir Rundkabel und Gehause mit 1-3 Befehlsstellen
Produkttyp-Bezeichnung 3SuU1
Durchmesser des Leitungsmantels anschlieRbar 5...12mm
Schutzart IP IP66, IP67, IP69(IP69K)
Hohe 29,7 mm
Breite 29,7 mm
Einbauhdhe 31 mm
Einbautiefe 13 mm
Material des Zubehdrs Kunststoff
Farbe des Zubehors schwarz
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Information- and Downloadcenter (Kataloge, Broschdren,...)
http://www.siemens.de/industrial-controls/catalogs

Industry Mall (Online-Bestellsystem)
https://mall.industry.siemens.com/mall/de/de/Catalog/product?mlfb=3SU1900-0HG 10-0AA0

CAx-Online-Generator
http://support.automation.siemens.com/WWW/CAXorder/default.aspx?lang=de&mlfb=3SU1900-0HG 10-0AAQ

Service&Support (Handblicher, Betriebsanleitungen, Zertifikate, Kennlinien, FAQs,...)
https://support.industry.siemens.com/cs/ww/de/ps/3SU1900-0HG10-0AAQ

Bilddatenbank (Produktfotos, 2D-MaRzeichnungen, 3D-Modelle, Gerateschaltplane, EPLAN Makros, ...)
http://www.automation.siemens.com/bilddb/cax_de.aspx?mlfb=3SU1900-0HG10-0AAO0&lang=de
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https://support.industry.siemens.com/cs/WW/de/ps/3SU1900-0HG10-0AA0/Certificate?ct=439&ci=460&cao=549
https://support.industry.siemens.com/cs/WW/de/ps/3SU1900-0HG10-0AA0/Certificate?ct=439&ci=497&cao=586
https://support.industry.siemens.com/cs/WW/de/ps/3SU1900-0HG10-0AA0/Certificate?ct=439&ci=3020&cao=3021
https://support.industry.siemens.com/cs/WW/de/ps/3SU1900-0HG10-0AA0/Certificate?ct=444&ci=526&cao=553
https://support.industry.siemens.com/cs/WW/de/ps/3SU1900-0HG10-0AA0/Certificate?ct=444&ci=502&cao=553
https://support.industry.siemens.com/cs/WW/de/ps/3SU1900-0HG10-0AA0/Certificate?ct=445&ci=495&cao=553
https://support.industry.siemens.com/cs/WW/de/ps/3SU1900-0HG10-0AA0/Certificate?ct=445&ci=495&cao=553
https://support.industry.siemens.com/cs/WW/de/ps/3SU1900-0HG10-0AA0/Certificate?ct=445&ci=495&cao=553
https://support.industry.siemens.com/cs/WW/de/ps/3SU1900-0HG10-0AA0/Certificate?ct=445&ci=496&cao=553
https://support.industry.siemens.com/cs/WW/de/ps/3SU1900-0HG10-0AA0/Certificate?ct=445&ci=496&cao=553
https://support.industry.siemens.com/cs/WW/de/ps/3SU1900-0HG10-0AA0/Certificate?ct=446&ci=449&cao=538
https://support.industry.siemens.com/cs/WW/de/ps/3SU1900-0HG10-0AA0/Certificate?ct=446&ci=480&cao=566
https://support.industry.siemens.com/cs/WW/de/ps/3SU1900-0HG10-0AA0/Certificate?ct=446&ci=489&cao=574
https://support.industry.siemens.com/cs/WW/de/ps/3SU1900-0HG10-0AA0/Certificate?ct=446&ci=490&cao=576
https://support.industry.siemens.com/cs/WW/de/ps/3SU1900-0HG10-0AA0/Certificate?ct=446&ci=491&cao=577
https://support.industry.siemens.com/cs/WW/de/ps/3SU1900-0HG10-0AA0/Certificate?ct=446&ci=4644&cao=4645
https://support.industry.siemens.com/cs/WW/de/ps/3SU1900-0HG10-0AA0/Certificate?ct=447&ci=454&cao=553
http://www.siemens.de/industrial-controls/catalogs
https://mall.industry.siemens.com/mall/de/de/Catalog/product?mlfb=3SU1900-0HG10-0AA0
http://support.automation.siemens.com/WW/CAXorder/default.aspx?lang=de&mlfb=3SU1900-0HG10-0AA0
https://support.industry.siemens.com/cs/ww/de/ps/3SU1900-0HG10-0AA0
http://www.automation.siemens.com/bilddb/cax_de.aspx?mlfb=3SU1900-0HG10-0AA0&lang=de
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