SWITCHES / SPLASH PROOF

B4 MASK SERIES IP65 X Lz
SPLASH PROOF SWITCH 22401 Il
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0.75-1.25 302+01  22.0+0.2-0 6.3x0.8
1.25-2.0 30.6 +01 22.0+0.2-0
2.0-30 30.8+01 22.0+0.2-0 Termination
Part No. Rating Actuator colour Body colour Marking Switch action Illuminated Non-illuminated
BAMASK19C1129000 [RGB ° ° 10l DIAD [EiEhling x 7
centre off
=L N RO Do) 16(8)A / 250VAC o o N/A DPST latching v/ Fluorescent coating X
LN ED o] 16(8)A / 250VAC o o N/A DPST latching v Fluorescent coating X
=L RN D00)  16(8)A / 250VAC o o N/A DPST latching v/ Fluorescent coating X
=L L) 16(8)A / 250VAC o o N/A DPST latching v Fluorescent coating X
=D CPINEEPA 0O 16(8)A / 250VAC o o 0l DPST latching X v
B4MASK48X1R11002 24V - 20A o [ J N/A DPST latching v X
B4MASK48X1V11002 24V - 20A ( ] [ ] N/A DPST latching v X
Approval ENEC, UL, CSA, CE
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Termination
Part No. Rating Actuator colour Body colour Marking Switch action llluminated Non-illuminated
LU P PIe (L0 16(6)A / 250VAC o o N/A DP latching X v
LU PR [N 0N 16(6)A / 250VAC o o N/A DP latching v X
U1 P2 Jey[cloloslo]ol  16(6)A / 250VAC ([ ) [ ] N/A DP latching v X
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28 21.5 26 Termination
Part No. Rating Actuator colour Body colour Marking Switch action Illuminated Non-illuminated
) Uy pAib PR 16(8)A / 250VAC o O | (On marking) DPST X v
) (U PR LDCDE  16(8)A / 250VAC [ ) O N/A DPST v @ dot X

Approval ENEC, UL, CE

Call +44 (0)1258 456360 for more information

All data at 25°C unless otherwise specified




