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Cable Ties and Fixings
Cable Ties With Fixing Elements

www.hellermanntyton.com.sg/fixings
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1-Piece Fixing Ties with rivet, releasable 

Fixing ties with rivet for especially safe fixing.

Offering a very secure fixing, particularly in applications suffering 
from vibration these rivet fixing ties are simple and quick to install. 
Designed originally for the automotive industry they are now widely 
used in many industries as diverse as Agriculture and Ship building.

TYPE
Width

(W)
Length

(L)
Height

(H)
Bundle Ø 

max.
Hole Ø

(FH)
Panel

Thickness Material Colour Article-No.

RI 80 7.0 80.0 - 16.0 265 6.9 - 7.1 0.8 - 2.2 PA12 Black (BK) 131-14080

RELF170 8.0 180.0 18.0 44.0 225 6.3 2.5 - 2.5 PA66HIR Black (BK) 115-40902

RI 120 9.0 120.0 - 28.0 265 6.9 - 7.1 0.8 - 2.2 PA12 Black (BK) 131-14120

RI 160 9.0 160.0 - 41.0 265 6.9 - 7.1 0.8 - 2.2 PA12 Black (BK) 131-14160

FBR6/140 12.0 158.0 26.0 42.0 - 6.2 - 6.5 0.8 - 2.5 PA66 Black (BK) 150-27140

All dimensions in mm. Subject to technical changes.

Fixing ties type FBR Fixing ties type RELF

Fixing ties type RI

Wall plug tie in application.

1-Piece Fixing Ties with rivet, releasable 

Simply drill an 8 mm hole and knock in the peg. Used to fasten 
cables, pipes or hoses in place.

TYPE
Width

(W)
Length

(L)
Bundle Ø 

max.
Hole Ø

(FH) Material Colour Article-No.

WPT230 8.0 230.0 59.0 8.0 PA66HIR Black (BK) 126-00020

All dimensions in mm. Subject to technical changes.

• Simple to install with wings to lock ties firmly in place
• Releasable and reusable 
• RELF and RI ranges are conventional 'serrated' cable ties
• FBR range has a 'ladder-type' design for a very flexible strap

Features and Benefits

• One-piece for fixing to brick, cement or wood
• Practical for the construction industry 
• Time saving and versatile
• Depth of drill hole: 13.0 mm

Features and Benefits


