
Version 18.07.2023 

Subject to changes. Please also observe the further product documentation!

Current addresses can be found at:: w w w.wago.com

Page 1/1

https://www.wago.com/221-412

COMPACT Splicing Connector; for all conductor types; max. 4 mm²; 2-conductor;
with levers; transparent housing; Surrounding air temperature: max 85°C (T85); 4,00
mm²; transparent

Data Sheet | Item Number: 221-412

Your benefits:

• Ease of use – pull the lever up, insert a conductor and push the lever back down
• Available as 2-, 3- and 5-wire connectors
• Easily terminate conductors from 0.14 to 4 mm²
• Connect solid, stranded and fine-stranded conductors
• Save time for installers and device manufacturers
• Quickly install devices with higher power consumption
• Safely install long cable runs with larger conductor cross sections
• Mounting carrier for installation conforms to standards
• Custom carriers are possible

Installation Notes

Conductor termination

Strip conductor to 11 mm (0.43 inch). Pull up an orange lever to open the clam
ping unit.

Then insert the conductor and push the
lever back down, flush with the connector
housing.

Compact, lever-operated splicing
connectors:
Tool-free connection of fine-stranded
conductors from 0.14 … 4 mm², as well as
solid or stranded conductors from 0.2 … 4
mm² (24 … 12 AWG).
Safety:
The lever's specially designed rest positi
on reliably prevents accidental unclam
ping of a connected conductor.
Application safety, for any type of con
ductor (solid, stranded, fine-stranded), is
confirmed by approvals like ENEC or UL.

.

Application

Wiring fine-stranded conductors in juncti
on boxes.

Custom low-voltage lighting system Lighting distribution in a ceiling canopy Pendant light connection in a suspended
ceiling

.
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