MALE END VIEW

83.0 [3.27] REF.

SPECIFICATIONS

HOUSING MATERIAL/COLOR

PBT or NYLON/BLACK

CONTACT MATERIAL/PLATING

BRASS/GOLD

COUPLING NUT MATERIAL/PLATING

DIECAST ZINC/NICKEL

RATED CURRENT [A]

9.0 A

RATED VOLTAGE [V]

250 V

MAXIMUM WIRE SIZE

16 AWG

TERMINATION METHOD

SCREW TERMINAL

CABLE GRIP RANGE

6—8mm

TEMPERATURE RATING

—40°C to +85°C (—40°F to +185°F)

PROTECTION CLASS

IEC IP 67
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