Diameter pipe 10 mm
Dimension A 3mm
Dimension B 16.5 mm
Dimension C 33 mm
Dimension D 37 mm
Dimension E 36 mm
Dimension F 34 mm
Dimension G 30 mm
Dimension H 30 mm
Group Stauff 1A
Material Polypropylene, Steel
Number of bolts 2
Stondard DIN DIN 3015 part 1

Surface treatment

Zinc-Nickel plated

Temperature maox. +90 °C
Temperature min. -30 °C
Torque tightening 8 Nm
Tvpe Profiled
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