Product data sheet
Characteristics

IMT47220

Mureva lights, Floodlight 50W 4000K, 1P44 IR
Sensor 230V

Main
Range Mureva
Range of product Mureva lights
Product name Floodlight
Product or component Lamp
type
Device application Ware-houses and parking garages
Residential
Media device support
Public areas
Secure lighting
Stadiums and arenas
2
Q
Complementary 5
Type of installation Outdoor ‘§
Total system power 50 W s
Light source LED g
Q
[Ue] rated operational voltage 230 VAC ) ;
Power factor 0.9 g é s
Colour rendering index R,=80 B %f:j
58S
Luminous flux 5000 Im 8 gg
Bulb lifespan 50000 h 858
T oL
Colour temperature 4000 K s2a%
[ORPE ]
Colour Black % ;5 %
Provided equipment Sensor % é ;
Beam angle 110 ° é %E
[Sp=g=
Shape Rectangular E»c-, Z
Height 215.4 mm gfgg
Width 221.4 mm j@@%
863
Depth 31 mm 8§2¢
g5 ¢
Net weight 1.06 kg g £4
25T
Environment 8¢
€T 5
Environmental characteristic Weatherproof 08 E
So o
IP degree of protection IP44 ‘3 22
O o
IK degree of protection IK04 8 g ‘§
Ambient air temperature for operation -30...45°C g § i
523
Packing Units gg<
Unit Type of Package 1 PCE 2Zo
Number of Units in Package 1 1 E’ §‘§
Package 1 Weight 1.2 kg §§‘§
Package 1 Height 24.5cm §§ %
Package 1 width 24.5cm 385
Package 1 Length 24.5 cm §§ =
s8>
Unit Type of Package 2 S04 § é S
Number of Units in Package 2 10 g g E
©0 2y
FiE=
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Neither Schneider Electric Industries SAS nor any of its affiliates or subsidiaries shall be responsible or liable for misuse of the information contained herein.


http://www2.schneider-electric.com/sites/corporate/en/products-services/green-premium/green-premium.page

Package 2 Weight

12.703 kg

Package 2 Height 30 cm
Package 2 width 40 cm
Package 2 Length 60 cm

Unit Type of Package 3 P12
Number of Units in Package 3 80
Package 3 Weight 113.624 kg
Package 3 Height 80 cm
Package 3 width 80 cm
Package 3 Length 120 cm

Offer Sustainability

Sustainable offer status

Green Premium product

REACH free of SVHC Yes
EU RoHS Directive Compliant 2
Mercury free Yes
RoHS exemption information 7
China RoHS Regulation 7
Environmental Disclosure 7]
Circularity Profile 7]
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https://www.reach.schneider-electric.com/DistantRequestDispatcher.aspx?action=export&pid=486996287&lang=en-us
https://www.reach.schneider-electric.com/DistantRequestDispatcher.aspx?action=export&pid=486996287&lang=en-us
https://www.reach.schneider-electric.com/DistantRequestDispatcher.aspx?action=exportPdfRoHsChina&pid=486996287&lang=en-us
https://download.schneider-electric.com/files?p_Doc_Ref=ENVPEP1910004EN
https://download.schneider-electric.com/files?p_Doc_Ref=ENVEOLI1910004EN

