
Image HightSpecification

1/4” sensor

Entaniya Raspberry Pi RP-L98
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Image Circle Size φ4.52mm

Focal Length 2.80mm

FOV

F number 2.4

Back Focal length 2.18mm

Mount M12 x P0.5

Lens Configuration 3 glasses + 1 Plasttic

degree image hight

5.38964176 0.26841063

10.28931608 0.51136593

15.18899040 0.75230200

20.08866473 0.99016109

24.98833905 1.22378490

29.88801337 1.42937183

35.27765513 1.69476505

40.17732945 1.90655281

45.07700378 2.10802617

48.99674323 2.26056702


