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RS Stock No. Manu Part No. Dia.(mm) Overall Length{mm) | Flute Length{mm)
216640 H10600100 1.0 34 12
216634 H10600150 1.5 40 18
216662 H10600200 2.0 49 24
216656 H10600250 2.5 57 30
216458 H10600300 3.0 61 33
216482 H10600330 3.3 65 36
216612 H10600350 3.5 70 39
216606 H10600400 4.0 75 43
216628 H10600420 4.2 75 43
216599 H10600450 4.5 80 47
216583 H10600500 5.0 86 52
216577 H10600550 5.5 93 57
216707 H10600600 6.0 93 57
216476 H10600650 6.5 101 63
216460 H10600680 6.8 109 60
216454 H10600700 7.0 109 60
216448 H10600750 7.5 109 60
216432 H10600800 8.0 117 75
216561 H10600850 8.5 117 75
216555 H10600900 9.0 125 81
216549 H10600950 9.5 125 81
216533 H10601000 10.0 133 87
216527 H10601020 10.2 133 &7
216511 H10601050 10.5 133 87
216505 H10601100 11.0 142 94
216684 H10601150 115 142 94
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	RS Pro 麻花钻头、 6mm x 93mm

