




Description Type K ø 6 x L Probe / Head Assembly
ø 6 x150 621-2338
ø 6 x 250 621-2350
ø 6 x 500 621-2366

Thermocouple type K

Grounded or Ungrounded Ungrounded

       According to IEC-BS 4937 60584-2 & IEC-BS 4937 60584-3

RoHS compliance Yes

Accuracy Class 1 ±1.5°C or ±0.0004xT

Colour Codes IEC 60584

+VE arm green
-VE arm white

overall green

Temperature
Range -50 to +1100° C

Operating -50 to +1100° C

Head caracteristics KNE IP 67
Tube entry 1/2 BSP ( P ) 
Wire entry M 20 x 150

Probes dimensions ø 6 x 150
ø 6 x 250
ø 6 x 500

Application Process Industrie
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