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.2D200(1) 230/400 --- 1,6

.2E 200 230 1,5 / 400 1,4

.4D200(1) 230/400 --- 1,4

.4S 200 230 --- 1,2

Förderrichtung "V"
Direction of air flow "A"

50 890 2600 68 0,17 65 45
60 990 2900 70 0,13 68 70
50 890 2600 64 0,30 65 70
60 990 2900 78 0,34 68 70
50 500 1440 20 0,07 43 80
60 600 1690 20 0,06 47 90
50 470 1370 30 0,21 42 75
60 540 1580 27 0,19 46 80

V 39
A 35
V 39
A 35
V 39
A 35
V 39
A 35

.2D 200 M2D  068-BF

.2E 200 M2E  068-BF

.4D 200 M4D  068-BF

.4S 200 M4S  068-BF

(1) Stromaufnahme bei 400 V Yermittelt / Current draw established at 400 V Y

V Hz m³/h min-1 W A µF / VDB dBA °C kg
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Axialventilatoren ø 200 - S-Reihe

Axial fans ø 200 - "S"-Range
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A A2D 200 -AI 18 -01 S2D 200 -BI 18 -01 W2D 200 -CI 18 -01 S2D 200 -AI 18-01

V A2D 200 -AH18 -01 S2D 200 -BH 18-01 W2D 200 -CH 18-01 S2D 200 -AH18-01

A A2E 200 -AI 38 -01 S2E 200 -BI 38 -01 W2E 200 -CI 38-01 S2E 200 -AI 38-01

V A2E 200 -AH38-01 S2E 200 -BH 38-01 W2E 200 -CH 38-01 S2E 200 -AH38-01

A A4D 200 -AI 14 -01 S4D 200 -BI 14 -01 W4D 200 -CI 14 -01 S4D 200 -AI 14-01

V A4D 200 -AH14 -01 S4D 200 -BH 14-01 W4D 200 -CH 14-01 S4D 200 -AH14 -01

A A4S 200 -AI 04 -01 S4S 200 -BI 04 -01 W4S 200 -CI 04 -01 S4S 200 -AI 04-01

V A4S 200 -AH04-01 S4S 200 -BH 04-01 W4S 200 -CH 04-01 S4S 200 -AH04-01

.2D 200

.2E 200

.4D 200

.4S 200

S

B

S

S

Typ
type

Typenauswahl
Selection of types

S/A/B A/V
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Kondensator
capacitor

S./p. 258

Klemmkasten
terminal box

S./p. 260

Quadr. Wandring
square wall ring

S./p. 250

Korbschutzgitter
basket guard grille

S./p. 252S./p. 250

Schutzgitter
guard grille

n P1 n P1

[min-1] [W] [min-1] [W]
.2D 200 2540 70 2470 74
.2E 200 2550 67 2465 70
.4D 200 1430 21 1420 23
.4S 200 1360 30 1350 31

1 2

Einsatzbereich/
Operative range

.2D 200:
50/60 Hz  0 - 140 Pa

.2E 200:
50/60 Hz  0 - 150 Pa

.4D 200:
50 Hz  0 - 70 Pa, 60 Hz  0 - 90 Pa

.4S 200:
50/60 Hz  0 - 60 Pa
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.2D250(1) 230/400 --- 1,6

.2E 250(2) 230 3 / 400 1,4

.4D250(1) 230/400 --- 1,4

.4E 250 230 1,5 / 400 1,4

.4S 250 230 --- 1,2

50 1730 2450 115 0,20 72 60
60 1810 2550 150 0,24 73 40
50 1815 2500 120 0,53 70 60
60 1865 2600 160 0,70 71 40
50 975 1390 27 0,07 54 80
60 1100 1560 34 0,08 58 75
50 970 1410 45 0,21 52 40
60 1150 1650 45 0,21 57 60
50 970 1400 72 0,54 58 45
60 1100 1600 68 0,46 61 60

V Hz m³/h min-1 W A µF / VDB dBA °C kg
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(1) Stromaufnahme bei 400 V Y ermittelt / Current draw established at 400 V Y
(2) Stärkere Auslegung mit größerer Paketlänge auf Anfrage lieferbar / Stronger versions with larger stack length available on request

Förderrichtung "V"
Direction of air flow "A"
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a c p

V 72 21 34
A 72 21 34
V 72 23 34
A 72 25 32
V 72 23 34
A 72 23 34
V 62 15 34
A 62 22 34
V 72 25 34
A 72 23 34

.2D 250 M2D 068-CF

.2E 250 M2E 068-CF

.4D 250 M4D 068-CF

.4E 250 M4E 068-BF

.4S 250 M4S 068-CF
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Axialventilatoren ø 250 - S-Reihe

Axial fans ø 250 - "S"-Range
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A A2D 250 -AI 02 -01 S2D 250 -BI 02 -01 W2D 250 -CI 02 -01 S2D 250 -AI 02-01

V A2D 250 -AH02 -01 S2D 250 -BH 02 -01 W2D 250 -CH 02-01 S2D 250 -AH02-01

A A2E 250 -AM06-01 S2E 250 -BM06-01 W2E 250 -CM06-01 S2E 250 -AM06-01

V A2E 250 -AL06-01 S2E 250 -BL 06 -01 W2E 250 -CL 06-01 S2E 250 -AL 06-01

A A4D 250 -AI 22 -01 S4D 250 -BI 22 -01 W4D 250 -CI 22 -01 S4D 250 -AI 22 -01

V A4D 250-AH 22 -01 S4D 250 -BH 22 -01 W4D 250 -CH 22 -01 S4D 250 -AH 22-01

A A4E 250 -AI 02 -01 S4E 250 -BI 02 -01 W4E 250 -CI 02 -01 S4E 250 -AI 02 -01

V A4E 250 -AH 02 -01 S4E 250 -BH 02 -01 W4E 250 -CH 02 -01 S4E 250 -AH 02-01

A A4S 250 -AI 02 -01 S4S 250 -BI 02 -01 W4S 250 -CI 02 -01 S4S 250 -AI 02-01

V A4S 250 -AH02 -01 S4S 250 -BH 02 -01 W4S 250 -CH 02-01 S4S 250 -AH02-01

Typ
type

Typenauswahl
Selection of types

S/A/B A/V
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.2D 250

.2E 250

.4D 250

.4E 250

.4S 250

S

B

S

S

S

Kondensator
capacitor

S./p. 258

Klemmkasten
terminal box

S./p. 260

Quadr. Wandring
square wall ring

S./p. 250

Korbschutzgitter
basket guard grille

S./p. 252S./p. 250

Schutzgitter
guard grille

Einsatzbereich/
Operative range

.2D 250:
50/60 Hz  0 - 150 Pa

.2E 250:
50 Hz  0 - 120 Pa, 60 Hz  0 - 85 Pa

.4D 250:
50/60 Hz  0 - 70 Pa

.4E 250:
50 Hz  0 - 80 Pa, 60 Hz  0 - 100 Pa

.4S 250:
50/60 Hz  0 - 80 Pa

n P1 n P1

[min-1] [W] [min-1] [W]
.2D 250 2455 155 2330 130
.2E 250 2445 128 2310 141
.4D 250 1370 28 1350 31
.4E 250 1390 45 1365 46
.4S 250 1385 70 1370 72

1 2


