Distanziatori Eﬂg

CARATTERISTICH
E

Versatile e facile da DI_St_anZIator_e esagonale n
montare acciaio femmina/femmina RS
La struttura Pro, 30mm M3xM3

esagonale consente
il serraggio con una
chiave

Bloccare

saldamente il
circuito stampato in
posizione

Materiale in acciaio
dolce per resistenza
meccanica e
resistenza alle alte
temperature
ambienti

Zincatura per
resistenza
all'ossidazione e alla
corrosione

| prodotti firmati RS approvati per impieghi professionali offrono
componenti di qualita professionale in tutte le categorie di prodotti.
La nostra gamma di prodotti & stata testata da ingegneri e offre
una qualita paragonabile a quella dei marchi leader senza pagare
un prezzo eccezionale.
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Distanziatori Eﬂg

DESCRIZIONE del

Da RS PRO, una gamma di robusti distanziatori esagonali di alta qualita realizzati in acciaio dolce
zincato con una filettatura interna metrica o perno filettato a vite su entrambe le estremita. Questi
versatili distanziatori sono progettati per il montaggio sicuro del circuito stampato e per sollevarlo dagli
altri componenti, come l'interno di un telaio del computer o un altro circuito stampato. Sono inoltre ideali
per migliorare lo spazio per il flusso d'aria intorno ai componenti quando l'apparecchiatura assume
elevate temperature. Questi distanziatori sono disponibili in una gamma di dimensioni di filettature e
altezze diverse per adattarsi a un'ampia gamma di applicazioni per circuito stampato.

Specifiche generali

Tipo di sesso Femmina/femmina
Materiali Acciaio
Forma del corpo Esagonale
Fine Zincato
Placcatura Zinco
Elettronica di consumo, macchine per ufficio,
Applicazione apparecchiature di trasmissione dati e

telecomunicazioni.

Specifiche meccaniche

Lunghezza corpo 30mm
Dimensione filettatura m3 x M3
Dimensione filettatura A M3
Dimensione filettatura B M3
Dimensione esagonale su piatto 5mm
Profondita foro 10mm
Dimensione filettatura interna 10mm
Conformita/certificazioni EN61340
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Distanziatori

A B
RS Article Description Material Plating D P Pz P3 L
BOGET14 Brazs Hex Threaded Spacer Mdx10mm M/F 7 8.5 10
8066718 Brass Hex Threaded Spacer Mdx12mm M/F 8 | 10 | 12
BOBET2T Brazs Hex Threaded Spacer M4x15mm M/F 10 13 15
BOBET20 Brass Hex Threaded Spacer Mdx20mm M/F 10 15 20
HOGET24 Brazs Hex Threaded Spacer M&x25mm MF Brass Nickel w | 8 10 15 25
BOBET33 Brazs Hex Threaded Spacer Mdx30mm MF 10 15 30
BOGET 36 Brass Hex Threaded Spacer Max35mm MF 10 15 35
BOBET30 Brazs Hex Threaded Spacer Mdx40mm M/F 10 15 40
BOGET4S Brass Hex Threaded Spacer Mdx45mm M/F 10 15 45
A0BET42 Brass Hex Threaded Spacer Mdx50mm MF 10 15 50
BOGEE3Z Brass Hex. Threaded Spacer MSx10mm 7 a5 10
8066635 Brass Hex. Threaded Spacer M5x15mm 10 | 13 15
AOGER3D Brass Hex. Threaded Spacer MSx20mm 10 15 20
BOGEE48 Brass Hex. Threaded Spacer M5x25mm 10 15 25
A066R41 Brass Hex. Threaded Spacer MSxe30mm Brass Nickel w |8 10 15 30
BOBE645 Brass Hex. Threaded Spacer M5x35mm 10 15 35
B066654 Brass Hex. Threaded Spacer M5x40mm 10 15 40
BOBEEST Brass Hex. Threaded Spacer MSx45mm 10 15 45
BOBGEES1 Brass Hex. Threaded Spacer MSx50mm 10 15 50
B06EEE0 Brass Hex. Threaded Spacer MSxG0mm 10 | 15 &0
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RS Article Description Material Plating H D P1 P2 P3 L
BOBEEES Steel Hex. Threaded Spacer MEx15mm 10 12 15
BOBBEET Steel Hex. Threaded Spacer MEx20mm 10 12 20
BOGGETE Steel Hex. Threaded Spacer MEx25mm 10 15 25
BOBBETS Steel Hex. Threaded Spacer MEx30mm 10 15 a0
BOBBETI Steel Hex. Threaded Spacer MEx35mm Steel Mickel 10 M& 10 10 15 35
BOBGES2 Steel Hex. Threaded Spacer MGx4 0mm 10 15 40
BOBGERS Steel Hex. Threaded Spacer M&x4 Smm 10 15 45
B0GBERD Steel Hex. Threaded Spacer MExS0mm 10 15 s0
BOGGESE Steel Hex. Threaded Spacer MEx55mm 10 15 55
8066691 Steel Hex. Threaded Spacer MGxG0mm 10 15 60
BOGEEOT Threaded spacer, mild steel M3xSmm, M/F 3 4.3 5
8066588 Threaded spacer, mild steel, M3x10mm,MF 8 & 8.5 10
BO665T2 Threaded spacer. mild steel M3x1 5mm, MIF Steel Zine 5 M3 8 13 15
BOE6613 Threaded spacer. mild steel M3x20mm, MF 8 15 20
BOG6629 Threaded spacer, mild steel M3x25mm,MF 10 10 15 25
BOGEEAT Threaded spacer, mild steel M3x30mm, MF 10 10 15 30
BOGESTE Threaded spacer. mild steel Mdx10mm, MF & 8.5 10
B06E562 Threaded spacer, mild steal, Mdx15mm, MF 8 ] 13 15
BOBESTS Threaded spacer. mild steel Mdx20mm,MF Steel Zinc T M4 ] 15 20
066604 Threaded spacer, mild steal Md4x25mm, MF 10 10 15 25
BOG6590 Threaded spacer, mild steel Mdx30mm,MIF 10 10 15 30

mﬁla Description Material Plating H D Hole{A/B) L
BOGEESS Brass Hex Threaded Spacer Mdx30mm Female 10 10 30
BOGETOS Brass Hex Threaded Spacer Mdx35mm Female 10 10 a5
BOGETOR Brass Hex Threaded Spacer MdxdOmm Female Brass Nickel T M4 10 10 40
BOGETO2 Brass Hex Threaded Spacer Mdx45mm Female 10 10 45
BOGET11 Brass Hex Threaded Spacer M4x50mm Female 10 10 50
BOGEE01 Threaded spacer, mild steel M3xSmm FiF 5 5
BOGRSAT Threaded spacer, mild steel M3x10mm.F/F 10 10
BOGE584 Threaded spacer, mild steel M3x15mm.F/F Sionl . M3 10 10 15
BOGESET Threaded spacer, mild steel,M3x20mm,F/F 10 10 20
BOGEEZS Threaded spacer, mild steel, M3x25mm F/F 10 10 25
BOGEE10 Threaded spacer, mild steel M3x30mm.F/F 10 10 30
BOGRSER Threaded spacer, mild steel Mdx10mm.F/F 10 10
BOGRSSD Threaded spacer, mild steel Mdx15mm.F/F 10 10 15
B0GESED Threaded spacer, mild steel M4x20mm F/F Steel 7 M4 10 10 20
BOGE554 Threaded spacer, mild steel M4x25mm.F/F 10 10 25
BOGEG26 Threaded spacer, mild steel M4x30mm.F/F 10 10 30
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