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24V DC (19.2 V DC ... 28.8 V DC)
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Safe switch off
Near range distance S,,

Safe switch on

distance S;,*) Actuating

— object (metal)

Sensor
T T —
0 Distance

Material of the Safe switch on Safe switch off
actuating object distance S,,*) distance S,,
Steel FE360 1.0 mm ... 5.0 mm
Stainless steel 1.4302 0.5 mm ... 3.5 mm
AlMg 3G22 Oomm ...2.0 mm 7 mm
Cuzn 37 Omm ... 2.0 mm
Cu Omm ... 1.5 mm

*) Typical values for damping with a reference target plate of 18 x 18 x 1 mm
and non-flush installation according to IEC 60947-5-2 at an ambient
temperature of 20 °C.
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